BUSSARD

BN 82428

Cross recessed pan head screws
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Trade mark eco-synE Surface zinc plated blue
Material Steel Hardness 400 HV

Article No. - 3034125
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Screwdriver Bits 1/4": BN 31514 and BN 31516/ CG 1.
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Fasteners steel case-hardened = 320 HV with electroplated coatings: Susceptible to hydrogen embrittlement!



