BUSSARD

BN 78 - DIN 966 A - ~ISO 7047
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Material Stainless steel Quality A2
Article No. - 1109987
d, M3
L a8
d, 5.6
k max. 1,65
Phillips 1
M~ 3.1
t min. 1,7
t max. 2

DIN 966: Standard withdrawn
All lengths fully threaded.
Screwdriver Bits 1/4": BN 31515 and BN 10639/ CG 1.



