CO091A

Female cable connector,
screw locking,
right-angled

Description Drawing No. of Part Number solder termination Part Number
cont. | Contact plating Contact plating Crimp termination?)
silver gold 2)
Female cable connector, 2 13201005 - -
;Ight-?)?glfd, 2 39 T 3261 005 73261058 " T 3261055
or cable diameter 3-6 mm, ~64 ; ;
termination: solder or crimp, (2.520) 47 13301005 73301058 73301055"
contact plating: silver or gold. — 5 T 3361005 T3361058" T3361055"
) —— : Nfs 589 T 3357 005 T 3357 058 73357055
o I S T3401 005 T 3401058 T 3401055
S r 7 T 3476 005 T 3476 058 T 3476 055
79 T3485 005 3485058 ¢ 34850559
»(DI?A?E;O)« 89 T 3505 005 T3505 058 ¢ T 3505055 ¢
12 T 3636 005 T 3636 058 -
14 T 3651005 T3651 058 ¢ -
Y Please order crimp contacts separately, see page 44 2 See remark page 7 9 Contact order for DIN EN 60 130-9 % Available upon request.
Assembling instruction © Assembling instruction ©
female cable connector, cable diameter 3-6 mm female cable connector, cable diameter 4-6 mm or 6-8 mm

Assembling instruction ©
female cable connector, right-angled, can be keyed to 8 angle positions
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5 Solder versiononly  © Assembly instructions please refer to page 4, conneting instructions
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