L B H C D
80 80 80 B0 43 66 ABS/PC
80 80 80 43 66 ABS/PC
120 80 60 83 66 ABS/PC
120 80 60 83 66 ABS/PC
160 80 60 123 66 ABS/PC
160 80 a0 123 66 ABS/PC
240 80 &0 203 66 ABS/PC
240 a0 50 203 686 ABS/PC
120 120 120 60 83 106 ABS/PC
120 120 a0 83 106 ABS/PC
200 120 &0 163 106 ABS/PC
200 120 90 163 106 ABS/PC
240 120 &0 203 106 ABS/PC
240 120 a0 203 106 ABS/PC
160 160 160 &0 123 146 ABS/PC
160 160 30 123 146 ABS/PC
240 160 B0 203 146 ABS/PC
240 160 90 203 146 ABS/PC
240 160 120 203 146 ABS/PC
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Material: ABS
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