NOTES:

1.

50 (12.7)
SQUARE

DIM. A"

. PART NO. +.015 (+0.4)
i CBSBT_3-01A_RT | 3/16 (4.76)
: CBSBT—4—01A—RT | _1/4 (6.35)
CBSBT—5-01A_RT | 5/16 (7.94)
CBSBT—6_01A_RT | _3/8 (9.53)
CBSBT—7—01A—RT | 7/16 (11.11)

. CBSBT—8—01A_RT | 1/2 (12.70)
CBSBT—9—01A—RT | 9/16 (14.29)
CBSBT_10-01A—RT | 5/8 (15.88)

TO SNAP—-LOCK IN A .100%£.002
(2.54+0.05) DIA. HOLE, IN A
.064 (1.63) MAX. THK. BD.

| | |

B

[ A

MAT’L: NYLON 6/6 (RMS—01).
FLAME RETARDANT, NYLON (RMS—19),
AVAILABLE BY SPECIAL ORDER ONLY.

1/32 (0.8) THICK,
DOUBLE SIDED
ADHESIVE TAPE

. COLOR: NATURAL.
. ACRYLIC ADHESIVE TAPE (RMS—15), WHITE LINER.

PART ALSO AVAILABLE WITHOUT TAPE.
TO ORDER REMOVE "A—RT” FROM PART NO.
[SUBTRACT 1/32 (0.8) FROM "A” DIM]

. RUBBER BASED ADHESIVE TAPE (RMS—102),

AVAILABLE BY SPECIAL ORDER ONLY.
TO ORDER REPLACE "A—RT” WITH "A1—RT".
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