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Applications:
Braided shielded cables for data transmission
and electronics.

Characteristics:
Conductors: stranded in O.F.C. red copper
Cond. Insulation: Flame Retardant
PVC CEI 20-22/1I°
Core colours: DIN 47100 standards
Total Shield: Braided covering 85%
O.F.C. red copper
External Sheath: Flame Retardant
PVC CEI 20-22/1I°
Sheath colour: Black

Max rated Voltage AC: 49 V.
Operative Temperature °C.: -15° / +70°

Conductor Capacity Capacity
Resistance Core/core Core/shield

Q/Km * 5% pF/mt pF/mt
45 240
45 150 270
45 140 250
45 130 220
45 120 220
45 120 220
45 110 210
45 100 210
45 100 190






