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Gaske @_/ With Liquid Glue . t O—Ring
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ISSUED Note:
|| * @Important Dimension To Check.
— * Waterproof Rate : IP67
) * Housing:Nylon+GF,Black
- Sealing Seal Clamp Ring(5 * Female Pin: Copper alloy, Gold Plated

O—Ring:EPDM,Black
Lock Nut:Nylon+GF,Black
Gasket:EPDM,Black
Seals:EPDM,Black

Clamp Ring:Nylon,Black
Sealing Nut:Nylon,Black

43.0(REF)
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* Seals for Cable OD:#4.5mm~®6.5mm
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= CRIAKBEEE :4.5mm~86.5mm )

* One Set Unassembled in One PE Bag
Pin Assignments A (F—EXEE, RER—E PE &, WD
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