0606 KSS Nylon Cable Gland (PG Thread)

E186042

1P 68

e Material: UL approved Nylon 66, 94V-2.
e Color: Black, available in other colors.

e PG THREAD (DIN STANDARD) WITHOUT WASHER.

x Protection: IP68 ( oniy if the washer is assembled )
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Unit: mm
Moubting
Item No. Thread H;:e D2 B1 L1 L2 L3 For Cable Packing
[EG-7 PG-7 125 | 83 | 6.9 | 7.9 | 200 | 133 | 35-~6
[EG-7LS |[PG-7 125 || 83 || 69 |[ 7.9 | 200 || 133 | 35~6
CEG-9 PG-9 152 | 105 | 8.0 ][ 7.9 | 22.0 || 15.1 4~8
[ EG-9L PG-9 152 | 105 | 8.0 ][ 147 || 22.0 || 15.1 4~8
R CEG-11 PG-11 183 | 132 [ 105 ] 7.9 | 237 [ 183 | 5~10
[ CEG11L |PG11 | 183 | 132 | 105 | 149 | 237 | 183 ][ 5~10 |50 pos / Bag
(M| CEG135 |PG-135 | 204 | 155 ] 120 | 89 | 246 | 189 || 6~12 |
(M| CEG-135L |PG-135 | 204 | 155 | 12.0 | 158 | 246 | 189 || 6~12 |
M CEG16  |PG16 || 225 | 172 ] 140 | 9.8 | 262 | 195 | 10~14 |
M CEG21  |PG-21 | 283 | 224 | 184 | 10.8 | 30.0 | 237 || 13~18 |
M CEG29  |PG29 | 37.0 | 30.6 | 25.0 || 10.8 || 35.0 || 27.4 || 18~25 | 25pcs/Bag
(MM CEG36 |PG-36 || 47.0 | 353 ] 355 | 145 || 423 | 303 || 22~32 |
| |CEec42  |pG-42 | 540 | 40.0 | 40.0 || 145 || 440 | 31.2 || 30~38 | 10 pcs/Bag
| |CEc48  |pG-48 | 593 | 43.2 ] 46.0 || 156 | 42.7 | 313 || 34~44 |




