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MOTOR WIRING DIAGRAMS
Blue

Capacitor| Line
(External) Voltage

27220
UL AWM 2517

Lead Wire Type

Green/Yellow
— Ground
(Optional)
® ®
A R\ CE

E136370 E136370

50 55 0.45 0.92 2500 9.50 335 25 1.0 60
UF190APA1THIC2F 115V 6/250 1.5

60 65 0.54 0.91 2700 10.4 370 30 1.2 63

50 57 0.23 0.43 2500 9.50 335 25 1.0 60
UF190APA23H1C2F 230V 2/450 1.5

60 72 0.30 0.45 2700 10.4 370 30 1.2 63



