Cable Protection Systems

HelaGuard Non-Metallic Fittings 32

Connectors, reducers Technical Table |

and couplers From nominal | To nominal

¢ HG-HG Conduit Connector, IP66 Article-No. Type diameter diameter | Pack Cont.
166-24600 |HG16-HG16 16 16 10

Features and Benefits 166-24601 |HG21-HG21 21 21 10

. . 166-24602 |HG28-HG28 28 28 10

* One piece, fast fit

166-24603 |HG34-HG34 34 34 10

e Joins corrugated conduits

All dimensions in mm. Subject to technical changes.

Material Data

Material Polyamide 6.6 (PA66)
ColourﬂhBIack (BK)

. -
Operating | -50 °C to +135 °C
Temperature

HelaGuard HG-HG Coupler.
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