ITEM | QTY PART NUMBER PART DESCRIPTION
1 1 FLP-LC HOLDER CAP, FLEXIBLE LIGHT-PIPE
2 1 FLPC-XX.X LIGHT PIPE CABLE, CUT LENGTH IN INCHES
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REV. DESCRIPTION DATE APPROVED
E | Engineering Update w/o Changes 03/08/04] M.C
F | Typo Correction 12/08/04 M.C
G | Dimensioning Update w/o Changes 01/04/05| M.C
H | FLP Length Update. 10/18/05| M.C
J | FLP Length Clarification. 01/11/06| M.C
K | Corrected "L" Dimension Measurement. 07/25/07] M.C

"L Tolerance
2.5"~16.0" +0.050"
16.1" ~ 40.0" +0.15"
40.1" ~ 80.0" +0.30"
80.1" ~ 3,940.0" +0.5%
STANDARD TOLERANCE

( UNLESS OTHERWISE SPECIFIED )
DECIMALS ANGULAR
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©  LENS CAP/FLP ASSEMBLY,
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