2P— BP AxD.2
Top 2ep mtoa MATERIAL
Insulator : Nylon66 (UL94V-2)

Insulator color : Transparnt White
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2P~BP B+0.2
10P~16P Bx0.3
18P~24P BE0.4 06

Bolea Dimension (mm)

A B C D
2 |-——-] 5.50 | 5.80 [10.80
4 4.20 | 9.70 |10.00 |15.00
6 8.40 113.9014.20 {19.20
12.60 |18.10 |18.40 | 23.40
10 |16.80 | 22.30(22.60 |27.60
21.00 | 26.50 | 26.80 | 31.80
14 |25.20)30.70(31.00 | 36.00
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. — 16 |29.40 | 34.90 [ 35.20 | 40.20

1.6 18 |33.60|39.10|39.40 |44.40
20 |37.80 | 43.30|43.60 | 48.60
22 142.00|47.50|47.80 |52.80
24 146.2051.70152.00 | 57.00
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