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5mm BlueLED

OSUB56A1A-IJ

mFeatures
+ High Power LEDs

sOutline Dimension

4.8
+ 5@ Standard Directivity
* Superior Weather-resistance "
o al-
* UV Resistant Epoxy ©
*  Water Clear Type
z -
sApplications o
+ General Purpose Indicators ; 05 +10 . _
« Small Area Illuminations §
« Back Lightin, .
ghting S Unit:zmm
Tolerance:+0.30mm
sAbsolute Maximum Rating (Ta=25 ) aDirectivity
Item Symbol Value Unit
DC Forward Current Iy 30 mA
0
Pulse Forward Current* Ipp 100 mA 3 30
Reverse Voltage Vi 5 Vv
Power Dissipation Pp 120 mW 60 60
Operating Temperature Topr 30~ +80
Storage Temperature Tstg -30 ~+100
90 0.5 0 0.5 90

Lead Soldering Temperature Tsol 260 /3sec -
*Pulse width Max.10ms Duty ratio max 1/10
sElectrical -Optical Characteristics (Ta=25 )

Item Symbol | Condition | Min. | Typ. | Max. | Unit
DC Forward Voltage Vk I=20mA 2.8 34 4.0 A\
DC Reverse Current Iz Vr=5V - 10 LA
Domi. Wavelength AD I[F=20mA 465 470 475 nm
Luminous Intensity Iv I[F=20mA 330 500 750 med
50% Power Angle 2012 I[=20mA - 100 - deg

*Please refer to CIE 1931 chromaticity diagram.
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