
0125 KSS Round Type Wiring Duct

�Material: High impact, self-extinguishing, warp-proof 94V-0 PVC.

� Color: Grey. (Brown, Milk, Light grained, Dark Grained available on request).

�Maximum service temperature : 85!.

� Backed with high quality double sided tape for permanent stick. Good for floor wiring to facilitate 
trolly pass and to avoid trip.

RD-20, 30, 40, 50 ,60 RD-70, 90, 120

Unit!mm

"""" Item No. W W1 H H1 Length

" RD-20 Grey

20.0 8.0 6.0 4.0

1M

" RD-20BN Brown

" RD-20MW Milk

" RD-20LX Light grained

" RD-20DX Dark grained

" RD-30 Grey

30.0 11.0 8.0 6.0

" RD-30BN Brown

" RD-30MW Milk

" RD-30LX Light grained

" RD-30DX Dark grained

" RD-40 Grey

40.0 16.0 9.5 7.0

" RD-40BN Brown

" RD-40MW Milk

" RD-40LX Light grained

" RD-40DX Dark grained

" RD-50 Grey

50.0 20.0 11.0 8.0

" RD-50BN Brown

" RD-50MW Milk

" RD-50LX Light grained

" RD-50DX Dark grained

" RD-60 Grey

60.0 30.0 13.0 9.0

" RD-60BN Brown

" RD-60MW Milk

" RD-60LX Light grained

" RD-60DX Dark grained

" RD-70 Grey

70.0 40.0 15.0 10.0

" RD-70BN Brown

" RD-70MW Milk

" RD-70LX Light grained

" RD-70DX Dark grained

" RD-90 Grey

90.0 45.0 19.0 15.0

" RD-90BN Brown

" RD-90MW Milk

" RD-90LX Light grained

" RD-90DX Dark grained

" RD-120 Grey

120.0 70.0 25.0 21.0

" RD-120BN Brown

" RD-120MW Milk

" RD-120LX Light grained

" RD-120DX Dark grained
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