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Leiterquerschnitt/wire gouge:

Abisolierldnge fir Kabel-@ > Smm/stripping length for cable-¢ > 5mm: 15mm
Abisolierldnge fur Kabel-@ > 6,4mm/stripping length for cable-@ > 6, 4mm: 18mm

10mm?/ AWG 8

€34

%

AUL Dimensions in mm
Original Size DIN A &

Techn. Character.

Nicht tolerierte Masse/ Free size tolerances

Dat.

Name

Detail.

09.11.10

ML

Insp.

Be

Stand.

Hassstab/ Scale

2:1

Han C Kontaktstift gedreht LOA
Han C male contact turned 40A
versilbert/ silver plated

Mod.

Dat.

Name

HARTING Electric GubH & Co. KG g
D-32339 Espelkanp SARTIN

-

TB 09 32 000 6109 [*™

s. f. TB 09 32 000 6109 v. 21.11.06 /
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