
SPECIFICATION
Screw: M2.5, steel, Zinc-plated
Contact: Brass
Pin Header: Brass, Tin-plated
Housing: PA66, UL94V-0
Rated Voltage: 250V
Rated Current: 16A
Contact Resistance: 20m
Insulation Resistance: 5000M   /1000V

Wire Range: 22-12AWG 2.5mm2
Temp. Rang: -40 C/+105 Co o

Max Soldering: +250 C 5Sec.
Torque: 0.4Nm
Strip Length: 4.5-5mm
Pitch: 5 mm

oSeries No. No. of ways (N)
TB-5.0-K45-2/BL 2
TB-5.0-K45-3/BL 3

PCB Mounting Terminal Blocks 45°, Pitch 5.0 mm
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Withstand Voltage: AC1500V/1Min


	Page 1

