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Specifications:
10 117.32 1143 | 13.22 Current rating:1.04 AC,DC
12 | 19.86 13.97 | 15.76 Voltage rating:30V AC, DC
14 | 22.40 16.51 18.30 Contact tesistance:20m ohm Max
' Insulation resistonce:1000M ohm Min
T
J‘Lgm 2 m’gm R mgm == 16 | 24.94 | 19.05 | 20.84 | \ythstanding voltage:AC 500V AC/minute
:h_w o un@m o m$m$ t] 18 | 27.48 21.59 | 23.38 | Operating Temperature:—40°C ~ +105°C
1 Materials:
o 20 { 30.02 24.13 | 25.92 Insulator:High Termp Plastic UL94V-0
- 2.54 2 22 | 32.56 | 26.67 | 28.46 | Contact material:Phosphor Bronze
B+0.10 4 1 51 1 Finish:Tin Plated
24 | 3510 | 29.21 | 31.00 How to Order
AL+0.30 26 | 37.64 31.75 | 33.54
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Type "L packaging.
1-10C Male 1-Tape & Reel
2-1DC Plug 2 - Tube
3-DIP Male Straight 3- Bag
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