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Specifications:

Current Rating:1.0A AC/DC
Voltage Rating:30V AC/DC
Contact Resistance:20m ohm. Max.
Insulation Resistance:1000M ohm. Min.
Withstanding Voltage:500V AC For One Minute
Operating Temperature Range:—40°C ~ +105°C
Material and Finish

Insulator:High Temp. Plastic (UL94V-0)
Contact:Phosphor Bronze

Finish:Tin Plated

How to Order

TMM-X-X-XX-X
Type Packaging
1-10C Male 1-Tape & Reel
2-1DC Plug 2 - Tube
3-DIP Male Straight 3 - Bag
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