SICHERUNGEN/FUSES

Fuses for Semiconductor Protection
Cylindrical Fuses

Size Rated Voltage
14 x 51 mm AC 500 V (IEC) - AC 600 V (UL)
Rated Current Part No. Part No. g Weight Pack
without Striker with Striker =
[A] > | [kg/100]
6 50 058 06.6 50 059 06.6 2.2 10
8 50 058 06.8 50 059 06.8 2.2 10
10 50 058 06.10 50 059 06.10 2.2 10
12 50 058 06.12 50 059 06.12 2.2 10
16 50 058 06.16 50 059 06.16 2.2 10
20 50 058 06.20 50 059 06.20 2.2 10
25 50 058 06.25 50 059 06.25 2.2 10
32 50 058 06.32 50 059 06.32 2.2 10
40 50 058 06.40 50 059 06.40 2.2 10
50 50 058 06.50 50 059 06.50 2.2 10
Size Rated Voltage
14 x 51 mm AC 690 V (IEC) - AC 700 V (UL)
Rated Current Part No. Part No. $ Weight Pack
without Striker with Striker «
[A] ® | [kg/100]
6 50 124 06.6 50 126 06.6 v 2.2 10
8 50 124 06.8 50 126 06.8 v 2.2 10
10 50 124 06.10 50 126 06.10 v 2.2 10
12 50 124 06.12 50 126 06.12 v 2.2 10
16 50 124 06.16 50 126 06.16 v 2.2 10
20 50 124 06.20 50 126 06.20 v 2.2 10
25 50 124 06.25 50 126 06.25 v 2.2 10
32 50 124 06.32 50 126 06.32 v 2.2 10
40 50 124 06.40 50 126 06.40 v 2.2 10
50 50 124 06.50 50 126 06.50 v 2.2 10
Without Striker
A 2.00” (51mm)
B 055" (14mm)
— With Striker
o0 n = A 2.00”(51mm)
B  0.55” (14mm)
C.in 0.28” (7mm)
A C D 0.20” (4.9mm)
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