UF16F(C) Series

Size : 160 x 160 x 62
Unit : mm
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UF16FC23.H 230V 50 46 0.22 0.20 2850 6.3 222 135 0.53 52 133

60 41 0.17 0.41 3400 7.5 265 18.2 0.72 56



