UF190APA Series

Size : @190 x 70
Unit : mm
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50 55 0.45 0.92 2500 9.5 335 25 1.0 60
UF190APA11H1C2A 115V 6/250 1.2

60 65 0.54 0.91 2700 10.4 370 30 1.2 63

50 57 0.23 0.43 2500 9.5 335 25 1.0 60
UF190APA23H1C2A 230V 2/450 1.2

60 72 0.30 045 2700 10.4 370 30 1.2 63



