UF25H(C) Series

Size : 254 x 254 x 107
Unit : mm
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Terminal or Lead Wire Type

A A CE (2

E1 36370 E1 36370

50 95 2600
UF25HC11-H 115V 25
60 125 1.07 1.50 2750 24 850 17.5 0.68 65
50 95 0.42 0.80 2600 22 780 19.0 0.75 63
UF25HC23-H 230V 25

60 125 0.50 0.75 2750 24 850 17.5 0.68 65



