UF318AAA Series

(Centrifugal Fan)
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U1=Blue Z=Brown

U2=Black @=Green, Yellow. Lead Wire Type

50 115 1.10 2.60 1390 28.7 1015 30.5 1.2 63
UF318AAA1THIC4A 115V 16/250 3.9

60 155 1.40 240 1580 33.0 1165 40.6 1.6 66

50 115 0.60 143 1390 28.7 1015 30.5 1.2 63
UF318AAA23H1C4A 230V 4/450 3.9

60 155  0.68 1.31 1580 33.0 1165 40.6 1.6 66



