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ZSS35-0 2.549 MM 4 PINS HOUSING

Specification:

1) Voltage Rating: 250 VAC/DC
2) Current Rating: 3 AAC/DC
3) Temperature Range: -25°C ~ +85°C
- 4) Contact Resistance: 20 mW max.
i 5) Insulation Resistance: 1000 MW min.
6) Dielectric Withstanding Voltage: 1000 VAC/DC (1 minute)
7) Material: Nylon 66 (UL94V-0)
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