u VARTA V 393 MF

Primary Silver

Data Sheet
Type Number ..o, 20393
Designation IEC .............ccocovivinenn. SR 48
System .......................................... Silver oxide / Zinc /
KOH - Electrolyte
Nominal Voltage ...............covivveni, 1.55 V
A/B Typical Capacity C ..........ccecvveeeennn.. ;
l 75 mAh
g Load 13 kOhm, at 20°C downto 1.2 V
Weight (approx.) .coooovevviiiiiiiiiinnns 1,08 g
VOIUME v 0.24 ccm
COdlng ........................................... Date of Manufacturing
Month/Year
Temperature Ranges min max.
Storage ....ovii -10°C 65°C
Discharge ........coovviiii i, -10°C 65°C
Dimensions min max.
Diameter (@) .................................... 7,55 7,9
Height (A/B) .................................... 50 54
Segment ... Watch / High Drain
Main Applications ...........ccocvvvvennnnen. Watch
Photo
Electronic
Typical Capacities (at 20°C)
Discharge Type Load End Voltage: 1.2V
Continuous 13000 Q |Time: 615 h
24h/d,7d/w Capacity [mAh]: 75
Current [HA]: 120 Energy [mWh]: 115
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