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NOTES: FINISH (PLATING THICKNESS IN MICRO—INCHES)
1. BRASS PER QQ-B—626
2.GOLD PL. 3 MIN. THICK OVER NICKEL PL. 100 MIN. THICK
QVER COPPER STRIKE
3. BERYLLIUM COPPER PER 0Q—C-530
4,GOLD PL. 30 MIN, THICK OVER NICKEL PL. 100 MIN, THICK
QVER COPPER STRIKE
5. TEFLON MIL-P—19468 DIMENSIONS ARE IN MILLMETERS | paRT NO. )
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