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I NEGRO/BL ACK POLYAMIDE 6/6 94 V-7 8-7135075-7
P\|NEGRO/ BLACK POLYAMIDE 6/6 94 V-2 8-17235075-]
| NATURAL/CLEAR POLYAMIDE 6/6 94 V-0 8-135075-0
| 4 m OBSOLETE NEGRO/ BLACK POLYAMIDE 6/6 94 V-0 6-7135075-1
NATURAL/CLEAR POLYAMIDE 6/6 94 V-0 6-7135075-0
NATURAL/CLEAR POLYAMIDE 6/6 94 V-0 27-135075-6
NARANJA/ORANGE POLYAMIDE 6/6 94 V-0 | -735075-9
— 24 4 = VIOLETA/VIOLET POLYAMIDE 6/6 94 V-2 | -735075-8
OBSOLETE GRIS /GREY POLYAMIDE 6/6 94 V-7 | -735075-7
— MARRON/BROWN POLYAMIDE 6/6 94 V-2 | -735075-6
NEGRO/BLACK POLYAMIDE 6/6 94 V-7 | -735075-5
AMARILLO/YELLOW | POLYAMIDE 6/6 94 V-2 | -7350715-4
AZUL/BLUE POLYAMIDE 6/6 94 V-7 | -735075-3
‘ OBSOLETE VERDE/GREEN POLYAMIDE ©6/6 94 V-7 +—F355+F5—"
‘ ‘ ROJO/RED POLYAMIDE 6/6 94 V-2 | -735075-1
P.A. 6/6 Natural material according fto
spec . ec 60335-1 GWT 7500 C without flame NATURAL/CLEAR POLYAMIDE 6/6 94 V-7 | -735075-0
NARANJA/ORANGE POLIPROPILENO/POLYPROPYLENE 135075-9
Product manufactured with fthermo stabilized OBSOLETE | VIOLETA /VIOLET [POLIPROPILENO/POLYPROPYLENE 735075-8
B faw material GRIS/GREY POL IPROP | LENO/POLYPROPYLENE 735075-17
MARRON/BROWN POLIPROPILENO/POLYPROPYLENE 135075-6
AOBSOLETE PARTS: OBSOLETE CIS STREAMLINING PER D.RENAUD/D.SINISI NEGRO/BLACK POLIPROPILENO/POLYPROPYLENE 735075-5
OBSOLETE AMARITLLO/YELLOW |POLIPROPILENO/POLYPROPYLENE =5 0+5—4—
1?3 PACKAGING QTY: 22,500 PCS 3\ OBSOLETE AZUL/BLUE POL IPROPILENO/POLYPROPYLENE 735075-3
VERDE/GREEN POLIPROPILENO/POLYPROPYLENE 135075-7
ROJO/RED POLIPROPILENO/POLYPROPYLENE 135075~
O NATURAL/CLEAR POLIPROPILENO/POLYPROPYLENE 135075-0
COLOR /COLOUR |MATERIAL PART NUMBER
REFERENCIA
THIS DRAWING IS A CONTROLLED DOCUMENT. ij ATARO 22 JANSE
CHIC 22JAN98 - TE TE Connectivity
DIMENSIONS: TOLERANCES UNLESS L 'B’Awrtt’c
OTHERWISE SPECIFIED: APVD 22JAN9E | namE
mm |_AATL| POST INSULATIONFASTON 6.35 MM HSG
il CAJA RECEPTACULO FASTON 6.35 MM
+TOLERANCES | APPLICATION SPEC
+ j:O.% SIZE CAGE CODE | DRAWING NO RESTRICTED TO
4| -
MATERIAL SEE TABLEHNISH SEE TABLEWEIGHT ~ ABOO779@5735075 -
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