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A BLOCCHETTGO ADATTC PER TERMINALI FEMMINA
PER LA SERIE &.3 mm FASTON

CON RANGC FILG DA 0.8-2.5 MMZ.
(SUITABLE FOR RECEPTACLE TERMINALS
WITH WIRE RANGE 0.8-2.5 mmz).

Zﬁk BAVA ACCETTABILE: 0.3 MAX
(FLASH PERMISSIBLE: 0.3 MAX.)
Ziix SPECIFICA DI PRODOTTO: 108-20035
o« (PRODUCT SPEC.: 108-20035)
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