K Typ Axial 1 A
No. 735.000

Temperature n

(0]
COMPLIANT
2002/95/EC|

Anerkannt / Approved:
UL/ C-UL

VDE

CCC

BEAB

Drahtanschluss lang: 2 x 68+ 3 mm (Standard)
Verpackungsmaéglichkeiten:
500 St. in Polybeutel

Leads long: 2 x 68+ 3 mm (Standard)
Packing opinions:
500 pcs. in plastic bag

TAMURA

ANZEN DENGU CO.,LTD

Bemessungswerte / Ratings

735.065 K06 F 1A 250 65 200
735.102 K2F 1A 250 102 200
735.115 K3F 1A 250 115 200
735.127 K4F 1A 250 127 200
735.133 K13 F 1A 250 133 200
735.136 KSF 1A 250 136 200
735.139 K6 F 1A 250 139 200
735.145 K7F 1A 250 145 200
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*kein UL C-UL/no UL C-UL




