COMBINATION WRENCHES

1112/ COMBINATION WRENCHES

m  Set of combination wrenches
m Packaging: Sets in black plastic pouch

1112/8T 1829117
1Mzt 1829124 1 1" 1660

1112/8T 3/8, 7116, 1/2, 9/16, 5/8, 11/16, 3/4, 7/8 e
1M1Z11T  3/8,7/16, 1/2, 9/16, 5/8, 11/16, 3/4, 13/16, 7/8, 15/16, 1 m—

S20 COMBINATION WRENCHES

Combination wrench in metric sizes

Standards: DIN 3113/ISO 3318/ISO 7738

Finish: Matt

Material: Vanadium extra

Open-end angle 15°, Ring end 15° offset, equal openings at both ends, short type
Dynamic-Drive Profile

Retail packed on a plastic info card

SBS20-6 3009104 6 5.0x3.9 10.0x14.5

SBS20-7 3009111 1 7 110 5.6x4.1 11.0x17.0 18
SBS20-8 3009128 1 8 110 5.6x4.2 12.5x18.0 18
SBS20-9 3009135 1 9 120 6.0x4.5 14.0x21.0 22
SBS20-10 3009142 1 10 135 6.6x5.0 15.5x22.5 30
SBS20-11 3009159 1 1 135 6.6x5.0 17.0x23.5 30
SBS20-12 3009166 1 12 150 7.5x5.5 18.5x26.5 45
SBS20-13 3009173 1 13 160 7.5x5.7 20.0x28.5 45
SBS20-14 3009180 1 14 168 8.2x6.4 21.5x31.5 65
SBS20-15 3009197 1 15 170 8.2x6.4 22.5x33.0 65
SBS20-16 3009203 1 16 178 8.8x6.7 24.0x34.5 80
SBS20-17 3009210 1 17 190 9.5x7.1 25.5x37.5 110
SBS20-18 3009227 1 18 210 10.0x7.5 27.0x39.0 115
SBS20-19 3009234 1 19 220 10.0x7.5 28.0x41.0 120
SBS20-20 3009241 1 20 232 11.0x8.1 29.5x43.0 150
SBS20-21 3009258 1 21 250 11.0x8.1 31.5x44.5 150
SBS20-22 3009265 1 22 255 12.0x8.9 34.8x49.0 200
SBS20-24 3009272 1 24 280 13.0x9.2 36.0x50.5 265
SBS20-27 3009289 1 27 310 14.0x9.8 40.0x57.0 350
SBS20-30 3009296 1 30 355 15.0x10.8 43.5x62.5 480
SBS20-32 3009302 1 32 360 15.0x10.8 48.5x65.5 500
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