OPEN END WRENCHES

1931M LILIPUT DOUBLE OPEN-END SPANNERS
m  Small double open end wrench in metric sizes
m  Material: High performance alloy steel
m  Open end angle of 82, 5 ° and 15°
m  With equal openings at both ends
m  Suitable for work in confined spaces
m Applications for radio, telecommunications, electrical and precision engineering,
carburettors, etc
m  Chrome plated micro matt finishing provides high quality surface
1931M-4 1049171 5 125
1931M-4.5 1049188 5 4.5 80 25 12.5 9
1931M-5 1049195 5 5 80 2.5 125 9
1931M-5.5 1049201 5 5.5 80 25 125 9
1931M-6 1049218 5 6 80 25 12.5 9
1931M-7 1049225 5 7 90 3.5 15.0 1
1931M-8 1049232 5 8 90 35 15.0 1
1931M-9 1049249 5 9 105 4.0 19.0 19
1931M-10 1049256 5 10 105 4.0 19.0 19
1931M-11 1049263 5 1 120 4.0 25.0 35
1931M-12 1049270 5 12 120 4.0 25.0 36
1931M-13 1049287 5 13 120 4.0 25.0 32
1931M-14 1049294 5 14 130 5.0 28.0 39
1931M-17 1049324 5 17 160 5.5 36.0 74
1931M/ LILIPUT DOUBLE OPEN-END SPANNERS
m Set for small double open end wrench
m Packaging: Sets in black plastic pouch
1931M/10T 1049409
1931M/10T  4,4.5,5,5.5,6,7,8,9,10, 11 mm
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