SOCKETS 1/2”

A4

S80 HEXAGON METRIC

m Standard length sockets, 1/2” square drive

m  Hex profile, metric sizes

m Not suitable for machine operation

m High performance alloy steel

m Matt finished

m ISO 2725/1174

m  DIN 3124/3120

m  Retail pack
SBS80-8 3013194 1 12.9 220
SBS80-9 3013200 1 38 14.2 22.0 42
SBS80-10 3009746 1 10 38 15.4 22.0 51
SBS80-11 3009753 1 1 38 16.6 22.0 51
SBS80-12 3009760 1 12 38 17.9 22.0 51
SBS80-13 3009777 1 13 38 19.1 22.0 53
SBS80-14 3009784 1 14 38 20.4 220 54
SBS80-15 3009791 1 15 38 21.6 22.0 64
SBS80-16 3009807 1 16 38 229 220 64
SBS80-17 3009814 1 17 38 241 23.0 72
SBS80-18 3009821 1 18 38 254 235 76
SBS80-19 3009838 1 19 38 26.6 24.0 80
SBS80-21 3009852 1 21 39 29.1 25.0 102
SBS80-22 3010117 1 22 38 30.4 255 109
SBS80-23 3009869 1 23 40 31.6 26.0 109
SBS80-24 3009876 1 24 41 32.9 26.5 121
SBS80-27 3009883 1 27 44 36.6 29.0 173
SBS80-30 3009890 1 30 47 40.4 29.5 189
SBS80-32 3009906 1 32 47 42.9 30.5 227

7800TORX-E TORX®-E

m  TORX® sockets, 1/2” square drive

m  For TORX® head screws

m Not suitable for machine operation

m High performance alloy steel

m High polished finish

m  Knurled

m [SO 2725/1174
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O DIN 3124/3120

7800TORX-E12 3011800 5 M8+ M10

7800TORX-E14 3011756 5 E14 38 22 22 M10+M12 35

7800TORX-E16 3011763 5 E16 38 22 22 - 35

7800TORX-E18 3011770 5 E18 38 22 22 M12+M14 35

7800TORX-E20 3011787 5 E20 38 22 22 M14+M16 35

7800TORX-E24 3011794 5 E24 38 22 22 M18+M20 35
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