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Quick clamps

 ■ Replaceable pads for the Qcs and QcB, available in soft -s and medium -m 
 ■ sold in packs of 2, Black - m and Grey - s 

731151

Qc-paD-m 0136025 10 60

Qc-paD-s 0136032 10 60

clamp

 ■ professional type F clamp with one fixed and one sliding bracket fitted to a galvanised 
profiled steel rail 

 ■ Zinc plated screw with special, plastic-covered ball-swivel foot for secure and easy clamping 
of odd shapes 

 ■ Tough and weather-resistant 
 ■ square-shaped plastic grip 

731151

a
mm

B
mm

420-50-100 8011253 5 50 100 230

420-50-200 8011260 5 50 200 290

420-60-120 8043827 5 60 120 460

420-60-300 8043834 5 60 300 580

420-80-160 8011161 5 80 160 700

420-100-200 8011178 5 100 200 1100

420-120-250 8011185 5 120 250 1450

420-120-300 8011277 5 120 300 1600

420-120-400 8011284 1 120 400 1750

420-120-500 8011192 1 120 500 1950

420-120-600 8011215 1 120 600 2100

420-120-800 8011291 1 120 800 2400

420-120-1000 8127398 1 120 1000 2800

420-120-1250 8035235 1 120 1250 3230

420-120-1500 8035242 1 120 1500 3385

420-140-400 8043841 10 140 400 2390

420-175-400 8011222 1 175 400 2740
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