RoHS vV

SKINDICHT® SM-M

Brass counter nut

Hexagonal brass counter nut
with metric thread according to
EN 50262.

Counter nuts are required,
when glands have to be
countered or thin housings
allow only holes without thread.

SKINDICHT® SM-
PE-M

Earth-equipotential counter
nut

The SKINDICHT® SM-PE-M
locknuts with metric thread
according to EN 50262 are
required wherever varnished,

anodized and powder coated
housings are used. When the
locknut is tightened, it cuts
through the insulating layer

guaranteeing optimum contact.

Suitable for all metric glands
in earthing and EMC areas.

SKINDICHT® SM-M Nickel-plated brass

Data sheet on request

SKINDICHT® SM-PE-M Nickel-plated brass

Data sheet on request

SKINDICHT® SM-M

5210 3000 12 x 1,5 15 3 16,5 100
5210 3010 16 x 1,5 19 3 20,9 100
5210 3020 20x 1,5 24 3,5 26,4 100
5210 3030 25x 1,5 30 4 33 100
5210 3040 32x1,5 36 4 39,6 100
5210 3050 40x 1,5 46 5 50,6 50
5210 3060 50x 1,5 60 5 66 50
5210 3070 63x 1,5 70 5 77 25
SKINDICHT® SM-PE-M
5210 3300 12x 1,5 15 3,5 16,5 100
5210 3310 16 x 1,5 19 3,5 20,9 100
5210 3320 20x 1,5 24 3,7 26,4 100
5210 3330 25x 1,5 30 4,2 33,0 50
5210 3340 32x1,5 36 4,7 39,6 50
5210 3350 40x 1,5 46 5,5 50,6 25
5210 3360 50x 1,5 60 5,5 66,0 10
5210 3370 63x 1,5 70 7,0 77,0 10
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