R13-243 Half Cut-out Of R13-73 s § Ko @
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i A 128y AC
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| “ Contactresistance
| af 50me2 Max
f Insulation resistance
) s DC 500V 100ME2 Min
Dielectric strength
AC 1500V 1 minuie
3 Cut-out
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FEATURES "
* MATERIAL: Frame is nylon (UL flame: 94V-2). Terminals are siver plated brass. =m X Y
* Snap-in mounting, easy o intal switch nfo panel. s e e
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