DIN 464-NI 2 elesa+BANTER

Knurled grip knobs with threaded pin

L

technical informations
Material
AISI 303 stainless steel, sandblasted matte finish.

Assembly

Threaded pin.

Features and applications

All Stainless Steel-Knurled screws DIN 464 are produced from one piece and threaded over ist full length.



Standard Elements
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Description
DIN 464-M3-6-NI
DIN 464-M3-10-NI
DIN 464-M3-12-NI
DIN 464-M3-16-NI
DIN 464-M4-8-NI
DIN 464-M4-10-NI
DIN 464-M4-12-NI
DIN 464-M4-16-NI
DIN 464-M4-20-NI
DIN 464-M4-25-NI
DIN 464-M5-10-NI
DIN 464-M5-12-NI
DIN 464-M5-16-NI
DIN 464-M5-20-NI
DIN 464-M5-25-NI
DIN 464-M5-30-NI
DIN 464-M6-12-NI
DIN 464-M6-16-NI
DIN 464-M6-20-NI
DIN 464-M6-25-NI
DIN 464-M6-30-NI
DIN 464-M6-35-NI
DIN 464-M8-16-NI
DIN 464-M8-20-NI
DIN 464-M8-25-NI
DIN 464-M8-30-NI

DIN 464-M8-35-NI
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Threaded pin
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