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Circular Connectors

CONFIGURATION PART NUMBER
Female Plug, 26 Pin, 20 Awg, Shell 16 RTOW61626SNH
DIMENSIONS
Coupling Nut -Ring
MASTER POLARZING KEY Spring Wosher Shsl
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TECHNICAL DATA
TEMPERATURE RANGE:| -40°Cto + 105°C
PROTECTION:| IP67 in mated condition and in combination with sealed backshell
VOLTAGE RATING:| 150V
HOUSING BODY:| Zinc Alloy, Nickel Plated
COUPLING NUT:| Aluminum, Nickel Plated
INSERT:| Glass-filled Thermoplastic UL94-VO
SEAL:[ -
CURRENT:| 5A with Stamped and Formed Contact/ 7.5A with Machined Contact
CONTACT SIZE:| 20Awg
APPROVALS:| UL ECBT2
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